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Input/Output parameters

Terminal 7, 9 & 11 w.r.t O V(terminals 8, 10 & 12) and power rail
Um 253V

Terminals 1 w.r.t. 2

Uo = 145V, lo = 48mA, Po = 0.18W, Ci =0, Li = 0

Terminals 3 w.r.t. 2

Uo = 5.4V, lo = 27mA, Po = 0.04W, Ci=0, Li= 0

Terminals 1, 2, 3

Uo = 19.9V, lo = 7bmA, Po = 0.2W, Ci = 0, Li =0

Co =0.223pF, Lo = 6.59mH, L/R Ratio = 210uH/Q
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