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0..12.15mm (-25...70°C (-13 ... 158 F) )
0...11.4 mm(-40...-25°C (-40 ... -13F) )
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0 ... 150 Hz

1. 10 MAUME 5 %
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2...100 mA
0...0.5 mA J{H
H LED #7747

IEC / EN 60947-5-2:2004

-40...70 °C (233 ... 343 K)
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