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EN 60947-5-2 : 2007
IEC 60947-5-2 : 2007

-40 ... 70 °C (-40 ... 158 °F)

B M12 x 1, 4 £
B4 1.4305 / AISI 303
A 1.4305 / AISI 303
IP67 / IP68 / IP69K

cULus Listed, —f3isk
cCSAus Listed, —fRZsk

Pepperl+Fuchs Group Germany: +49 621 776-4411
www.pepperl-fuchs.com fa-info@de.pepperl-fuchs.com

Singapore: +65 6779 9091
fa-info@sg.pepperl-fuchs.com

China: +86 21 6630 3939
fa-info@cn.pepperl-fuchs.com

EPEPPERL+FUCHS 1

SENSING YOUR NEEDS



