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Data Matrix Accessories ODZ-MAH-SUPPLY
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Refer to “General Notes Relating to Pepperl+Fuchs Product Information”.
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Technical data
Output

Output rated operating current 1500 mA , short-circuit protected
Output voltage 5 V DC / 5 %

Ambient conditions
Ambient temperature 0 ... 40 °C (32 ... 104 °F)
Storage temperature -10 ... 80 °C (14 ... 176 °F)

Mechanical specifications
Degree of protection IP20
Connection Supply voltage: 5.5 mm hollow connector 

power plug
Mass approx. 135 g
Dimensions 72 mm x 52 mm x 35 mm

Compliance with standards and 
directives

Directive conformity  
EMC Directive 89/336/EEC EN 60950

Model Number
ODZ-MAH-SUPPLY
Power supply

Function

For stationary power supply of OHV 
handhelds with RS-232 interface.


