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Accessories PCV-KBL-V19-STR-RS485

Technical data
Electrical specifications

Operating voltage UB 95 ... 230 V AC, 40 ... 60 Hz
Output voltage 24 V DC
Output rated operating current max. 1 A

Interface 1
Connection of Interface converter

Interface 2
Connection of Reading head

Mechanical specifications
Connection type Cable socket, M12, 8-pin, shielded, PVC cable 

9-pin Sub-D socket

Compliance with standards and direc-
tives

Standards EN 60947-5-2:2007 
IEC 60947-5-2:2007

Electrical connection

BU  GND
WH  IN2/OUT2
GY  OUT1
PK  IN3/OUT3
RD  IN1

Model Number

PCV-KBL-V19-STR-RS485

Cable unit with power supply for USB / 
RS 485 interface converter 

Features

• Power supply for 95 - 230 V AC


