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Data Matrix Accessories V50-G-2M-PVC-5V-SUBD25

Dimensions

Electrical connection
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Model Number
V50-G-2M-PVC-5V-SUBD25
Adapter cable, RJ-50 to D-Sub 25

Function
The connection cable allows you to connect
an OHV100 or an OHV1000 handheld device
to a CBX connector box. To ensure that
power is supplied to the handheld device, the
connection cable resets the 24 V supply volt-
age to the connector box to 5 V.

Technical data
General specifications

Number of pins 4
Input

Input voltage 10 ... 30 V DC
Output

Output voltage 5 V DC
Mechanical specifications

Core cross-section 0.14 mm2

Connection RS-232: RJ-50 10-pin , D-Sub plug 25-pin
Cable  

Color grey
Cores 4 x 0.14 mm2

Shield grid
Length L approx. 1.9 m with spiral cable

Mass 234 g
Cable length max. 3 m stretched
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