
Evaluation board for VOS cameras
VOS-PROG1
< Evaluation board for VOS cameras
< LED for displaying the switching output states
< Terminals for I/O signals and power supply
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Technical Data

Indicators/operating means
LED green 3 x Input I0, I1, I2

3 x Output O0, O1, O2
1 x PWR

Electrical specifications
Operating voltage UB max. 24 V
Operating current IB max. 200 mA

Interface
Connection 1 x M12 connector, 12-pin

1 x D-Sub plug 9-pin
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Connection
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PWR

RS-232 TX

RS-232 RX

GND

O0 (Output 0)

O1 (Output 1)

O2 (Output 2)

OC (Output ground)
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I0 (Input 0/ Trigger)

I1 (Input 1)

I2 (Input 2)

IC (Input ground)
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