
24 V DC power supply
MM-A-PowerSupply

24 V DC power supply

 
Technical Data

Input
Input voltage 100 V AC ... 240 V AC

50 ... 60 Hz
Input current approx. 0.8 A

Output
Output rated operating current max. 1.5 A
Output voltage 24 V DC

Mechanical specifications
Connection power plug

Supply voltage: 5.5 mm hollow connector
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Germany: +49 621 776 1111Pepperl+Fuchs Group

Refer to "General Notes Relating to Pepperl+Fuchs Product Information".
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